
Welding nipples with O-ring seal

With taper and O-ring
fit in bore type
W DIN 3861/ISO 8434-1

Standard material of O-rings is NBR
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Order-No. Designation

S 14 14 x 2 PN 315 10 38.5 39.5 3.0 10 x 2 0070729967 24-WDNPSO-14x2-C10

S 14 14 x 2.5 PN 400 9 38.5 39.5 3.1 10 x 2 0070739967 24-WDNPSO-14x2,5-C10

S 14 14 x 3 PN 400 8 38.5 39.5 3.5 10 x 2 0070749967 24-WDNPSO-14x3-C10

S 16 16 x 1.5 PN 250 13 39 41 3.1 12 x 2 0070769967 24-WDNPSO-16x1,5-C10

S 16 16 x 2 PN 315 12 39 41 3.6 12 x 2 0070779967 24-WDNPSO-16x2-C10

S 16 16 x 2.5 PN 400 11 39 41 3.6 12 x 2 0070789967 24-WDNPSO-16x2,5-C10

S 16 16 x 3 PN 400 10 39 41 4.4 12 x 2 0070799967 24-WDNPSO-16x3-C10

S 20 20 x 2 PN 250 16 45 47 6.0 16.3 x 2.4 0070819967 24-WDNPSO-20x2-C10

S 20 20 x 2.5 PN 315 15 45 47 6.4 16.3 x 2.4 0070829967 24-WDNPSO-20x2,5-C10

S 20 20 x 3 PN 400 14 45 47 6.4 16.3 x 2.4 0070839967 24-WDNPSO-20x3-C10

S 20 20 x 4 PN 400 12 45 47 7.8 16.3 x 2.4 0070849967 24-WDNPSO-20x4-C10

S 25 25 x 2.5 PN 250 20 50 53.5 10.1 20.3 x 2.4 0070869967 24-WDNPSO-25x2,5-C10

S 25 25 x 3 PN 315 19 50 53.5 10.2 20.3 x 2.4 0070879967 24-WDNPSO-25x3-C10

S 25 25 x 3.5 PN 315 18 50 53.5 10.0 20.3 x 2.4 0070909967 24-WDNPSO-25x3,5-C10

S 25 25 x 4 PN 400 17 50 53.5 11.2 20.3 x 2.4 0070889967 24-WDNPSO-25x4-C10

S 25 25 x 5 PN 400 15 50 53.5 13.1 20.3 x 2.4 0070899967 24-WDNPSO-25x5-C10

S 30 30 x 3 PN 250 24 52 57 10.8 25.3 x 2.4 0070929967 24-WDNPSO-30x3-C10

S 30 30 x 4 PN 315 22 52 57 14.5 25.3 x 2.4 0070939967 24-WDNPSO-30x4-C10

S 30 30 x 5 PN 400 20 52 57 17.1 25.3 x 2.4 0070949967 24-WDNPSO-30x5-C10

S 30 30 x 6 PN 400 18 52 57 19.5 25.3 x 2.4 0070959967 24-WDNPSO-30x6-C10

S 38 38 x 3 PN 160 32 56.5 64 16.4 33.3 x 2.4 0070509967 24-WDNPSO-38x3-C10

S 38 38 x 4 PN 315 30 56.5 64 20.6 33.3 x 2.4 0070979967 24-WDNPSO-38x4-C10

S 38 38 x 5 PN 315 28 56.5 64 24.5 33.3 x 2.4 0070989967 24-WDNPSO-38x5-C10

S 38 38 x 6 PN 315 26 56.5 64 28.1 33.3 x 2.4 0070999967 24-WDNPSO-38x6-C10

S 38 38 x 7 PN 315 24 56.5 64 31.6 33.3 x 2.4 0070969967 24-WDNPSO-38x7-C10
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